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NOTES:

COATING (APPLY ACROSS COATING APERTURE)1.
Laser V-Coat (532nm) 
R(ABS) <0.25% @ 532nm 

RoHS: COMPLIANT2.

DAMAGE THRESHOLD (PULSED) 10 J/cm² @ 532nm, 20ns, 20Hz 
DESIGN WAVELENGTH DWL (nm) 532 
EXPANSION POWER 1.5X 
TRANSMISSION (%) >99 (nominal) 
NOMINAL PERFORMANCE <λ/10 for 4mm input beam (nominal, λ = DWL) DWG NO
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